Tesisat Kablolan Protodur® Yalitkanl iletkenler

Protodur® Insulated Wires

Building Wires

NVV /NYM 300/500V TSHD 21452 P ROTO D U R®

CPR Sinifi:
Yapi / Construction
Cok damarli, tek veya cok telli, bakir iletkenli, PROTODUR® (PVC) yalitkanli,
PROTODUR® (PVC) dis kilifli antigron kablolar.
1
PROTODUR® (PVC) insulated cables with solid or stranded copper conductors,
2 and PROTODUR® (PVC) sheath.

1- Tek veya col telli balar iletken Teknik Bi|gi|er / Technical Data
Solid or stranded Cu-conductor
Bu kablolar yukarida belirtilen standartlara gére iiretilirler.
- Izin verilen isletme sicakhigi: 70 °C
- Dis kilif rengi: Gri

2- PROTODUR?® (PVC) yalitkan
PROTODUR® (PVC) insulation

3- Dolgu

Filler These cables are produced according to above standards.

- Permissible operating temperature: 70 °C

4- PROTODUR® (PVC) dis kilif - Color of outer sheath: Grey
PROTODUR® (PVC) outer sheath

Kullanildigi Yerler / Applications

Kuru, rutubetli ve 1slak yerlerde, yangin ve patlama tehlikesi olan atdlye,
Damar Sayis Damar Renkleri fabrika ve her tiirlii is yeri ile depolarda, agikta kullanilirlar, toprak altina
Number of Cores Core Colors dosenmezler, sabit olarak boru iginde siva iistiinde ve siva altinda kullanilirlar.

2 e
Used in dry, damp, wet places, in workshops, factories, business areas and store
3 rooms subject to fire and explosion danger, as outdoor, not underground, but

&®
4 @ under or on plaster, in conduit.
&
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Maksimum Kisa Devre Sicakligi Aleve Dayaniklilk Rmt Kursunsuz Test Gerilimi (AC) EN 60332-1-2
isletme Sicaklig: Maximum Short Flame Retardant Rigid Lead Free Test Voltage (AC)
Maximum Operating Circuit Temperature |EC 60332-1-2 (2kv)
Temperature

Kullanildigi Yerler / Applications

06 600

Serim Sicaklig! i¢ Tesisat Dahili Siva Agikta Beton iginde
Installation Internal Wiring Alti / Ustii Boru In Free Air In Concrete
Temperature iginde
Min0°C Indoor Under

Plaster In Conduit
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Teknik Ozellikler / Technical Features
NVV / NYM 300/500V
. . - Kablo Dis Capi Net Agirhik 20 °C'de iletken Alam Tagima Sevk Uzunlugu
Nominalliesit BakigiEaktori (Yaklasik) (Yaklasik) DA Direnci Kapasitesi (Yaklasik)
Overall . . .
Rated . Cu Factor Diameter of Cable Net Weight Fonductor DC . Current [3rrymg Delivery Length
Cross-section (Approx.) Resistance at 20 °C Capacity (Approx.)
(Approx.)
mm? 1000 m mm kg/km 0/km A m
2 Damarh / 2 Cores
2x1,5 29 8,6 119 121 22 100
2x2,5 48 9,9 164 741 30 100
2x4 77 10,7 208 4,61 40 100
2x6 15 1,8 269 3,08 51 100
2x10 192 14,4 415 1,83 70 1000
2x16 307 18 650 1,15 94 1000
3 Damath / 3 Cores
3x1,5 43 9,2 140 121 22 100
3x2,5 72 10,4 192 741 30 100
3x4 15 n,2 245 4,61 40 100
3x6 173 12,8 334 3,08 51 100
3x10 288 155 523 1,83 70 1000
3x16 461 18,1 756 1,15 94 1000
4 Damarli / 4 Cores
4x1,5 58 Big 165 12,1 18,5 100
4x2,5 36 1,3 229 74 25 100
4x4 154 12,5 305 4,61 34 100
4x6 230 14,1 415 3,08 43 100
4x10 384 17,2 649 1,83 60 1000
4x16 614 20,1 952 115 80 1000
5 Damarli / 5 Cores
5x1,5 72 11, 190 121 17,5 1000
5x2,5 120 12,8 267 741 24 1000
5x4 192 14,6 372 4,61 32 1000
5x6 288 16,0 487 3,08 41 1000
5x10 480 20,7 825 1,81 57 1000
5x16 768 22,1 1141 1,15 76 1000
NOT: Alim tasima kapasiteleri 30 °C ortam sicakhiginda gecerlidir.

Current carrying capacities are valid at 30 °C ambient temperature.
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