AFUMEX™ (LSOH) Alcak Gerilim Kablolari Alevi iletmeyen Halojenden Arindirilmis Kablolar
AFUMEX™ (LSOH) Low Voltage Cables Halogen Free, Flame Retardant, Non-Corrosive Cables

™
2XRH 0,6/1kV TS IEC 60502-1
2XR(A)H 0,6/1kV TS IEC 60502-1
Yapi / Construction
Bir veya cok damarli, tek veya cok telli, bakir iletkenli, ii¢c veya dort damarli,
ozel sentetik yalhtkanl, galvanizli yuvarlak celik tel zirhli, 6zel sentetik dis
lahfli, yangina karsi giivenli, halojenden arindirllmis ve yangin sirasinda
yogun duman tabakasi olusturmayan enetji kablolari. (Tek damarli kablolarda
aliiminyumdur.)

1
Multi-core energy cables with solid or stranded copper conductor, special
; synthetic insulation, galvanized round steel wire armour and special synthetic
outer sheath. These cables are flame retardant, halogen-free and do not
generate high smoke density during fire. (Aluminum for single core cables.)
3 . g .
4 1- Tek veya ok telli bakir iletken Teknik Bllgller / Technical Data
5 Solid or stranded Cu-conductor ) e
Bu kablolar IEC 60502-1'e uygun olarak iiretilirler.
2- Ozel sentetik yalitkan -Di k'.l'f rengi: Siyah .
Special synthetic insulation - Maks!mum isletme sicakligi : 90 °C
- Maksimum kisa devre sicakligi : 250 °C
3- Ozel dolgu tabakas Asagidaki standartlara uygun olarak test edilirler:
Special filler LS (Diisiik Duman) Testi: IEC 61034-1/2
Yanan Damlacik Testi: IEC 60332-1-3
4- Galvanizli yuvarlak celik tel zirh HF (Halojenden Arindiriimishk) Testi: IEC 60754-1/2
6 Galvanized round steel wire armour FR (Aleve Dayanikhilik) Testi: IEC 60332-1-2 ve IEC 60332-3-24 Cat.C
5- Polyester serit These cables are produced according to IEC 60502-1.
Polyester tape - Color of outer sheath: Black
. - Maximum operating temperature: 90 °C
6- Ozel sentetik dis luhf - Maximum short-circuit temperature: 250 °C

ial heti heath .
Special synthetic outer sheat Cables are tested according to below standards:

LS (Low Smoke) Test: IEC 61034-1/2
Droplet Test: IEC 60332-1-3

DamarSayist  Damar Renkler HF (Halogen Free) Test: IEC 60754-1/2
FR (Flame Retardant) Test: IEC 60332-1-2 and IEC 60332-3-24 Cat.C
1 © . o
Kullanildigi Yerler / Applications
2
@ Bu kablolar, iizerindeki galvanizli yuvarlak celik tellerden olusan zirh
3 @ sayesinde mekanik dis tesirlere karsi dayanikhdir. Yangina karsi alinmasi
31/ @ zorunlu giivenlik tedbirlerinin oldugu yerlerde kullanilirlar.
2

Having galvanized round steel wire armour, these cables are resistant against
outer mechanical reactions and they can be used in internal and external places
where safety regulations must be taken against fire.

02000 ®H

Maksimum Maksimum Yanan Damlacik Aleve Aleve Haloj Diigiik Duman Rijit
isletme Sicakligi Kisa Devre Sicakligi Testi Flame Retardant Flame Retardant gunlug Rigid
Maximum Operating Maximum Short Droplet Test |EC 60332-3-24 IEC 60332-1-2 Halogen Free Low Smoke Emission
Temperature Circuit Temperature IEC 60332-1-3 Cat.C IEC 60754-1/2 IEC 61034-1/2

Kullanildigi Yerler / Applications

0006

Serim Sicakigi Boru iginde Beton iginde Agikta
Installation In Conduit In Concrete In Free Air
Temperature

Min 0°C
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Teknik Ozellikler / Technical Features

2XRH / 2XR(A)H 0,6/1kV
5 orda i Akim Tasima Kapasitesi &
Nominal Kesit Bakir Faktorii {abloDisi¢api NelAg ik 20°C de_ Iletl_(en 2 5 Sevk Uzunlugu
(Yaklasik) (Yaklasik) DA Direnci Toprakta Havada (Yaklasik)
Rated _ Overall Net Weight Conductor DC Current Carrying Capacity in Delivery Length
Cross-section CuFactor Diameter of Cable (Approx.) Resistance at 20 °C ; (Approx.)
(Approx.) Ground Air
mm? 1000 m mm kg/km 0/km A A m
1Damarlhi /1 Core - 2XR(A)H
1x4 38 10,0 144 4.61 55 24 500
1x6 58 10,5 170 3.08 68 32 1000
1x10 96 1,5 222 1.83 91 42 1000
1x16 154 12,5 292 115 n7 53 1000
1x25 240 14,5 422 0.727 150 74 1000
1x35 336 fI5%5 522 0.52 179 98 1000
1x50 480 18,0 700 0.387 21 133 1000
1x70 672 19,5 920 0.268 257 162 1000
1x95 912 2015 1184 0.193 304 197 1000
1x120 1152 23,5 1.488 0153 341 250 1000
1x150 1440 25,5 1.782 0124 377 308 500
1x185 1.776 27,5 2166 0.0991 418 359 500
1x240 2.304 30,5 2.754 0.0754 469 412 500
1x300 2.880 33,0 3.334 0.0601 514 475 500
1x 400 3.840 370 4.322 0.047 565 564 500
1x 500 4.800 41,0 5.452 0.0366 623 825 500
1x630 6.048 45,0 6.912 0.0283 690 934 500
2 Damarli / 2 Cores
2x15 29 14.0 342 121 31 24 1000
2x2.5 48 14,5 390 741 40 31 1000
2x4 77 15.5 458 4.61 52 41 1000
2x6 115 17.0 546 3.08 65 53 1000
2x10 192 19,5 788 1.83 87 72 1000
2x16 307 21,5 1.012 1.15 13 36 1000
2x25 480 26,0 1.544 0.727 146 130 1000
2x35 672 28,0 1.836 0.524 176 160 1000
2x50 960 30,5 2.244 0.387 208 195 1000
2x70 1.344 34,5 2.896 0.268 256 247 1000
2x95 1.824 38,5 3.870 0193 307 305 500
2x120 2.304 42,0 4.626 0153 349 B55 500
2x150 2.880 45,5 5.512 0124 391 407 500
2 x185 3.552 51,0 6.930 0.0991 442 469 500
2x240 4.608 56,5 8.716 0.0754 509 551 500
3 Damarh / 3 Cores
3x15 43 14.5 366 121 31 24 1000
3x2.5 72 15,0 426 741 40 3 1000
3x4 15 16,5 508 4.61 52 ] 1000
3x6 173 175 614 3.08 65 53 1000
3x10 288 20,0 898 1.83 87 72 1000
3x16 461 22,5 1172 115 13 36 1000
3x25 720 270 1.794 0.727 146 130 1000
3x35 1.008 29,0 2162 0.524 176 160 1000
3x50 1440 32,0 2.684 0.387 208 195 1000
3x70 2.016 370 3.722 0.268 256 247 1000
3x95 2.736 40,5 4.712 0.193 307 305 500
3x120 3.456 44,5 5.692 0153 349 355 500
3x150 4.320 49,5 7.202 0124 391 407 500
3x185 5.328 54,0 8.598 0.0991 442 469 500
3x240 6.912 60,0 10.812 0.0754 509 551 500
3x300 8.640 65,5 13.052 0.0601 581 643 500
3x400 11.520 73.0 16.322 0.047 667 737 500
3'/;Damarli / 3/,Cores
3x25/16 874 30 2.100 0,727 146 127 1000
3x35/16 1162 31 2440 0,524 176 158 1000
3x50/25 1.680 B5 3.100 0,387 208 192 1000
3x70/35 2.352 40 4.230 0,268 256 246 1000
3x95/50 3.216 44 5.340 0193 307 298 1000
3x120/70 4128 49 6.600 0,153 349 346 500
3x150/70 4.992 5 8.100 0124 391 399 500
3x185/95 6.240 59 9.800 0,0991 442 456 500
3x240/120 8.064 65 12.250 0,0754 509 538 500
NOT: Alim tagima kapasiteleri 30 °C ortam sicakhiginda gecerlidir.

Current carrying capacities are valid at 30 °C ambient temperature.
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AFUMEX"™ (LSOH) Alcak Gerilim Kablolan ... iletmeyen Halojenden Arindirilmis Kablolar
AFUMEX™ (LSOH) Low Voltage Cables Halogen Free, Flame Retardant, Non-Corrosive Cables

™
2XRH 0,6/1kV TS IEC 60502-1 AF U M E X

Yapi / Construction

Bir veya ¢cok damarli, tek veya cok telli, bakir iletkenli, zel sentetik yalitkanli,
galvanizli yuvarlak celik tel zirhli, 6zel sentetik dis kalifli, yangina karsi

1 giivenli, halojenden arindirilmis ve yangin sirasinda yogun duman tabakasi
olusturmayan enerji kablolari.

2 . . . .
Multi-core energy cables with solid or stranded copper conductor, special
synthetic insulation, galvanized round steel wire armour and special synthetic

3 outer sheath. These cables are flame retardant, halogen-free and do not

4 1- Tek veya ok telli bakir iletken generate high smoke density during fire.

Solid or stranded Cu-conductor P .
5 Teknik Bilgiler / Technical Data
2- Ozel sentetik yalitkan Bu kablolar IEC 60502-1'e uygun olaral iiretilirler.
Special synthetic insulation - Dis kilif rengi: Siyah
. - Maksimum isletme sicakhigi : 90 °C
3- Ozel dolgu tabalkas - Maksimum kisa devre sicakligi : 250 °C
Special filler . . .
Asagidaki standartlara uygun olarak test edilirler:
4- Galvanizli yuvarlak celik tel zirh LS (Diisiik Duman) Te_St" IEC 61034-1/2
Galvanized round steel wire armour Yanan Damlacik Testi: IEC 603321-3
6 HF (Halojenden Arindiriimiglik) Testi: IEC 60754-1/2

5- Polyester serit FR (Aleve Dayaniklilik) Testi: IEC 60332-1-2 ve IEC 60332-3-24 Cat.C

Polyester tape These cables are produced according to IEC 60502-1.

- Color of outer sheath: Black
- Maximum operating temperature: 90 °C
- Maximum short-circuit temperature: 250 °C

Cables are tested according to below standards:
LS (Low Smoke) Test: IEC 61034-1/2

6- Ozel sentetik dis kilif
Special synthetic outer sheath

Damar Sayisi Damar Renkleri Droplet Test: |EC 60332-1-3
Number of Cores Core Colors HF (Halogen Free) Test: IEC 60754-1/2
4 33 FR (Flame Retardant) Test: IEC 60332-1-2 and IEC 60332-3-24 Cat.C
5 o -
@ Kullanmildigi Yerler / Applications
- @ Bu kablolar, iizerindeki galvanizli yuvarlak celik tellerden olusan zirh

sayesinde mekanik dis tesirlere karsi dayanikhidir. Yangina kargi alinmasi
zorunlu giivenlik tedbirlerinin oldugu yerlerde kullanilirlar.

Having galvanized round steel wire armour, these cables are resistant against
outer mechanical reactions and they can be used in internal and external places

where safety regulations must be taken against fire.
*Kontrol kablolart numaralandinimistir. / Control cables are numbered.

OD0OOEY S

Maksimum Maksimum Yanan Damlacik Aleve Aleve Diisiik Duman Rijit
isletme Sicakligi Kisa Devre Sicakligi Testi Flame Retardant Flame Retardant Anndinlmis Yogunlugu Rigid
Maximum Operating Maximum Short Droplet Test IEC 60332-3-24 IEC 6033212 Halogen Free Low Smoke Emission
Temperature Circuit Temperature IEC 60332-1-3 Cat.C IEC 60754-1/2 IEC 61034-1/2

Kullanildigi Yerler / Applications

0006

Serim Sicakigi Boru iginde Beton iginde Agikta
Installation In Conduit In Concrete In Free Air
Temperature

Min 0°C
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Teknik Ozellikler / Technical Features

2XRH 0,6/1kV
Nominal Kesit Bakir Faktorii {abloDigiCapt oL RUTIK 2t "C’de_ iletl_(en AL Sevk Uzunlugu
(Yaklasik) (Yaklasik) DA Direnci Toprakta Havada (Yaklasik)
Rated _ Overall Net Weight Conductor DC Current Carrying Capacity in Delivery Length
Cross-section CuFactor Diameter of Cable (Approx.) Resistance at 20 °C ; (Approx.)
(Approx.) Ground Air
mm? 1000 m mm kg/km 0/km A A m
4 Damarhi / 4 Cores
4x15 58 15,0 404 121 31 24 1000
4x2.5 96 16,0 476 741 40 31 1000
4x4 154 170 578 4.61 52 41 1000
4x6 230 19,5 792 3.08 65 53 1000
4x10 384 21,5 1.042 1.83 87 72 1000
4x16 614 24,5 1.506 115 13 36 1000
4 x 255 960 29,0 2128 0.727 146 130 1000
4 x 355 1.344 315 2.598 0.524 176 160 1000
4 x50s 1.920 34,5 3.242 0.387 208 195 1000
4 x70s 2.688 40,0 4.520 0.268 256 247 1000
4 x 955 3.648 44,0 5.780 0.193 307 305 500
4 x120s 4.608 49,5 7426 0153 349 355 500
4 x150s 5.760 54,0 8.840 0.124 B8l 407 500
4 x 1855 7104 59,0 10.708 0.0991 442 469 500
4 x 2405 9.216 66,0 13.490 0.0754 509 551 500
4 x300s 11.520 72,0 16.270 0.0601 581 643 500
4 x400s 15.360 82,0 21.366 0.047 667 737 500
5 Damarli / 5 Cores
5x1.5 72 16,0 448 121 31 24 1000
SP@2A5 120 18,0 500 741 40 31 1000
5x4 192 19,0 742 4.61 5% 41 1000
5x6 288 20,5 300 3.08 65 53 1000
5x10 480 23,0 1192 1.83 87 72 1000
5x16 768 26,5 1.756 115 13 36 1000
5x 255 1.200 31,5 2.500 0.727 146 130 1000
5x35s 1.680 34,0 3.068 0.524 176 160 1000
5x50s 2400 38,5 4.082 0.387 208 195 1000
5x70s 3.360 43,5 5.410 0.268 256 247 1000
5x 955 4.560 49,5 7.322 0.193 307 305 500
5x120s 5.760 54,0 8.950 0153 349 B55 500
5x150s 7.200 59,0 10.732 0.124 391 407 500
5x185s 8.880 65,0 12.960 0.0991 442 469 500
5 x 240s 11.520 72,5 16.406 0.0754 509 551 500
5x300s 14.400 80,5 20.672 0.0601 581 643 500
5x400s 19.200 90,0 26122 0.047 667 737 500
Kumanda Kablolar / Control Cables
7x1.5 101 16,0 448 121 16.0 15.6 1000
10x1.5 144 19,5 674 121 14.0 13.2 1000
12x1.5 173 20,0 724 121 13.0 12.0 1000
14x1.5 202 21,0 788 121 13.0 12.0 1000
16x1.5 230 21,5 850 121 11.0 10.8 1000
19x1.5 274 2215 926 121 11.0 10.8 1000
24 x1.5 346 26,0 1230 121 10.0 9.6 1000
30x15 432 27,0 1382 121 10.0 9.6 1000
37x1.5 533 29,0 1574 121 9.0 8.4 1000
48 x1.5 691 32,5 1890 121 9.0 84 1000
7x2.5 168 18,0 634 741 21.0 20.8 1000
10x 2.5 240 21,5 822 741 18.0 17.6 1000
12x2.5 288 22,0 892 741 17.0 16.0 1000
14x2.5 336 22,5 966 741 17.0 16.0 1000
16x25 384 24,5 1174 741 15.0 144 1000
19x2.5 456 25,5 1.288 741 15.0 144 1000
24x2.5 576 28,5 1.540 741 13.0 12.8 1000
30x2.5 720 30,0 1.750 741 13.0 12.8 1000
37x2.5 888 32,0 2.024 741 12.0 1.2 1000
48x2.5 1152 36,5 2.658 741 12.0 1.2 1000
NOT: Alim tagima kapasiteleri 30 °C ortam sicakhiginda gecerlidir.

Current carrying capacities are valid at 30 °C ambient temperature.
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