AFUMEX"™ (LSOH) Orta Gerilim Kablolari Alevi iletmeyen Halojenden Arindirilmis Kablolar
AFUMEXTM (LSOH) Medium Vo|tage Cables Halogen Free, Flame Retardant, Non-Corrosive Cables

YXC8Z1Z3Z1-R / 2XSEHFGH 3,6/6 kV ™
TS IEC 60502-2

Yapi / Construction

Uc¢ damarli, cok telli, bakir iletkenli, dielektrik kayiplan cok kiiciik
PROTOTHEN®-X (XLPE) yalitkanli, elektriksel alani homojenlestirici ozel ic
ve dis yan iletken tabakali, yiiksek kisa devre alamlarina karsi uygun kesitte
ve ozel olarak ilave edilmis balar ekranli, yassi galvanizli celik tel zirhli ve
galvanizli celik tutucu bantl, halojenden arindiriimis, yangin sirasinda yogun

1
2 . duman tabakasi olusturmayan ve LSOH dis kilifli orta gerilim enerji kablolar.
3 1- Balar iletken X .
Cu-conductor Three-core, medium voltage energy cables with stranded copper conductor,
4 PROTOTHEN®-X (XLPE) insulation, special inner and outer semi-conductive
5 2- i yan iletken tabaka layers on conductor and insulation, copper t.apelscreen on each core,ﬂame
6 Inner semi conductive layer retardapt,halogen:free, Iowsmol<e density during fire, armour of galvanized flat
; steel wires and helix steel binding tape and LSOH outer sheath.
3- PROTOTHEN®-X (XLPE) yalitkan I .
8 PROTOTHEN®-X (XLPE) insulation Teknik Bilgiler / Technical Data
Bu kablolar, TS IEC 60502-2'ye uygun olarak iiretilirler.
4- Dig yan iletken tabaka - Izin verilen isletme sicakhigi : 90 °C
Outer semi conductive layer - Izin verilen kisa devre sicakhgi: 250 °C
(Kisa devre zamani t < 5 sn. icin)
5- Bakr seritten ekran Asagidaki standartlara uygun olarak test edilirler:
Copper tape screen LS (Diisiik Duman) Testi: IEC 61034-1/2
Yanan Damlacik Testi: IEC 60332-1-3
6- DP'E" HF (Halojenden Arindinlmishk) Testi: IEC 60754-1/2
9 Filler FR (Aleve Dayaniklilik) Testi: IEC 60332-1-2 ve IEC 60332-3-24 Cat.C
N ) These cables are produced according to TS IEC 60502-2
7- Ozel sentetik ayirict lilif - Permissible operating temperature: 90 °C
Special syntheticseparation sheath - Permissible short-circuit temperature: 250 °C

(for short circuit duration up to 5 sec.)
8- Galvanizli yassi celik tel ve tutucu

celik bant
Armour of galvanized flat steel
wires and steel tape counter helix

Tested according to below standards:
LS (Low Smoke) Test: IEC 61034-1/2
Droplet Test: IEC 60332-1-3

HF (Halogen Free) Test: IEC 60754-1/2

9- Bzel sentetik dis lalif FR (Flame Retardant) Test: IEC 60332-1-2 and IEC 60332-3-24 Cat.C

Special synthetic outer sheath

Kullanildigi Yerler / Applications

Elektriksel kayiplar benzerlerine géore cok diisiik olan bu kablolar, kisa
devre alkimlarinin bilyiik oldugu yerle;im ve sanayi bdlgelerinin elektrik
enerjisi ile beslenmelerinde ve yiik artislari beklenen sebekelerde, haricte,
kablo kanallaninda, dahilde ve toprak altinda kullanilirlar. Ozel olarak
iiretildiklerinde tatli ve tuzlu suda kullanilirlar.

These cables have very low electrical loss compare to their similars and they
are used in cable ducts, outdoor an indoor installations, underground where the
short circuit levels are hight such as urban and industrial areas fed by electrical
energy. They are also used under normal and salty water if specially produced.
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Maksimum Maksimum YananDamlack  pjeve Aleve Diisiik Duman  Darbelere Dayanikli Kursunsuz Test Gerilimi (AC)
isletme Sicakhig  Kisa Devre Sicakligi Testi Flame Retardant Flame Retardant Anndinlmis Yogunlugu Impact Resistance Lead Free Test Voltage (AC)
Maximum Operating ~ Maximum Short Droplet Test IEC 60332-3-24 IEC 60332-1-2 Halogen Free Low Smoke Emission (35U,
Temperature Circuit Temperature IEC60332-1-3 Cat.C IEC 60754-1/2 IEC 61034-1/2

Kullanildigi Yerler / Applications

O2000e

Serim Sicakligi Toprak Altinda Beton iginde Acikta Tath / Tuzlu Suda (*)
Installation Direct Buried In Concrete In Free Air Normal and Salty
Temperature Water (*)
Min 0°C

(*) Gzl olarak imal edildigi takdirde tath ve tuzlu suda kullanilir.
(¥) Can be used in normal or salty water if specially produced.
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Teknik Ozellikler / Technical Features
YXC8Z1Z3Z1-R / 2XSEHFGH 3,6/6 kV
Kablo DigCapi | NetAgirhk | 20 °C'de iletl I indiilt 5l Alam Tagima Kapasitesi | Sevk Uzunlugu
NominalKesit | Bakir Faktorii $kap £ e fletien FEtgme I e Kapasitesi 3 P 3
(Yaklasik) (Yaklagik) DA Direnci (Yaklasik) (Vaklasik) Havada (Yaklasik)
Overall . . .
Rated Diameter Net Weight Conlductor oc Operating Operatl\ng Current Carrying Capacity in Delivery
. Cu Factor Resistance at Inductance Capacity . Length
Cross-section of Cable (Approx.) 20°C (Approx) (Approx) Air (Approx)
(Approx.) pprox. pprox. pprox.
mm? 1000 m mm kg/km 0/km mH/km pF/km A m
3 Damarh / 3 Cores
3x255/16 921 40,1 3.015 0,727 0,362 0,255 141 1000
3x355/16 1.209 42,5 3.461 0,524 0,343 0,285 7 1000
3x505/16 1.671 45]1 3.998 0,387 0,328 0,312 196 1000
3x70s /16 2.247 49,0 4.909 0,268 0,312 0,358 249 500
3x95s5/16 2.994 52,6 5.968 0,193 0,296 0,404 307 500
3x120s /16 3.714 56,5 7.062 0,153 0,287 0,441 353 500
3x150s / 25 4.638 59,8 8.185 0,124 0,279 0,479 406 500
3x1855 /25 5.646 63,5 9.520 0,0991 0,271 0,525 464 500
3x240s /25 7.272 69,1 11.686 0,0754 0,263 0,574 548 250
NOT: Alim tagima kapasiteleri toprak sicakhgi 20 °C, hava sicakligi 30 °C, 1Km/W ve 0,7 yiikleme derecesi sartlarinda gecerlidir.
Current carrying capacities are valid at 20 °C earth temperature, 30 °C free air temperature, 1Km/W and 0,7 loading (cyclic).
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