Ozel Kablolar Yiiksek Su:akl:-lga ?a%[ar!“;ll Ifcacblgllar
- eat-Resistant Cables
Special Cables

(N)2GA (SIA)  300/500V TSE K 332
(N)2GAF (SIAF) 300/500V TSE K 332
(N)2GAF (SIAF) 450/750V TSE K 332

Yapi / Construction

Bir damarl, tek telli veya ince cok telli, balar iletkenli, silikon kauguk
yalitkanl, yiiksek ortam sicakhgina dayanikli -40 °C, +180 °C calisma
sicakligina sahip biikiilgen kablolar.
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High temperature resistant cables with solid or fine-stranded copper conductor
and silicone rubber insulation.
(N)2GAF (SIAF)
Teknik Bilgiler / Technical Data
1- i'f‘e cok telli bakir iletken Bu kablolar TSEK 332 esas alinaral iiretilirler.
Fine-stranded Cu-conductor -izin verilen isletme sicaklgi: 180°C
2- Silikon kaucuk yalitkan These cables are produced based on TSEK 332
Silicone rubber insulation -Permissible operating temperature: 180 °C
2

Kullanildigi Yerler / Applications

Yiiksek ortam sicakliginin bulundugu ve mekanik zorlanmalarin az oldugu
kuru, nemli ve islak yerlerde, dahili ve harici biikiilgen baglanti kablosu olarak
siirekli 180 °C sicaklikta ve lasa siireli 350 °C sicaldikta kullanilirlar.

Used at high temperature ambients dry, damp and wet places where mechanical
effects do not exist as internal and external flexible connection cables under
continuously 180 °C and 350 °C for short periods.
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Minimum isletme Maksimum isletme Maksimum Aleve Dayaniklillk
Sicakhg Sicakhg Kisa Devre Sicakhigi Flame Retardant
Minimum Operating Maximum Operating Maximum Operating |IEC 60332-1-2
Temperature Temperature Temperature

Kullanildigi Yerler / Applications
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Serim Sicakligi i Tesisat Dagitim Panolari
Installation Internal Wiring Distribution Panels
Temperature
Min -25°C
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Teknik Ozellikler / Technical Features

(N)2GA (SIA) / (N)2GAF (SIAF)
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Nominal Kesit Balar Faktbril Kablo Dis Capi Net Agirhk 20 °C'de iletken Satih Uzerinde Akim Sevk Uzunlugu
(Yaklasik) (Yaklasik) DA Direnci Tagima Kapasitesi (Yaklasik)
Rated . Cu Factor Diam(-:*Dt\srsll‘Cahle Net Weight Fonductor DC Dperalting Carrying Delivery Length
Cross-section (Approx.) Resistance at 20 °C Capacity on Surface (Approx.)
(Approx.)
mm? 1000 m mm kg/km 0/km A m

(N)2GA (SIA) 300/500 V
0.5 5 24 10 36 12 100
0.75 7 2,6 13 24.5 15 100
1 10 2,6 15 18.1 19 100
{5 14 3,0 20 121 24 100
2.5 24 3,5 30 741 32 100
4 38 4,2 46 4.61 42 100
6 58 47 65 3.08 54 100
10 36 59 106 1.83 73 100

(N)2GAF (SIAF) 300/500 V
0,5 5 2,5 10 2 12 100
0,75 7 2,7 12 26 15 100
1 10 2,8 15 24,5 19,0 100

(N)2GAF (SIAF) 450/750 V
15 14 3,1 19 13,3 24,0 100
2,5 24 3,7 30 7,98 32,0 100
4 38 44 45 4,95 42,0 100
6 58 4,9 63 3,3 54,0 100
10 96 6,6 109 191 73,0 100
16 154 79 163 1,21 98,0 100
25 240 94 250 078 129,0 1000
BE] 336 10,7 341 0,554 158,0 1000
50 480 12,8 489 0,386 198,0 1000
70 672 144 676 0,272 245,0 1000
55 912 164 889 0,206 292,0 1000

NOT: Alam tagima kapasiteleri 30 °C ortam sicakhiginda gecerlidir.
Current carrying capacities are valid at 30 °C ambient temperature.
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