Ozel Kablolar
Special Cables

FL2X(CT)2Y 2,5/5 kV FAA L824 /AC 150/5345-7F

1
2
3
1- Kalayh bakir iletken
Tinned Cu-conductor
2- PROTOTHEN® -X (XLPE) yalitkan
PROTOTHEN® -X (XLPE) insulation
3- Metalik bakir bant ekran
2 Metallic copper tape screen

4- Polietilen dis kilf
Polyethylen outer sheath
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Maksimum Kisa Devre Sicaklig Aleve Dayaniklilk
isletme Sicaklig: Maximum Short Flame Retardant
Maximum Operating Circuit Temperature |EC 60332-1-2
Temperature

Kullanildigi Yerler / Applications
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Serim Sicakligi Beton iginde Havaalani
Installation In Concrete Runway
Temperature
Min -20°C
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Pist Aydinlatma Kablolan
Runway Lighting Cables

PROTOTHEN'-X

Yapi / Construction

Kalayh, cok telli, bakir iletkenli, PROTOTHEN®-X (XLPE) yalitkanl, metalik
bakir ekranli, polietilen dis kilifli pist aydinlatma primer kablolar.

Primary runway lighting cables with tinned, stranded copper conductor,
PROTOTHEN®-X (XLPE) insulation, metallic copper screen and polyethylen
outer sheath.

Kullanildigi Yerler / Applications

Havaalani pist aydinlatma tesislerinde ve dogru alam regiilatorlerinin
alternatif gerilim devrelerine baglantisinda toprak altinda ve harici olarak
lullanilir.

Used in runway lighting systems and the connections of DC regulators to AC
circuits under ground and externally.
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Biikiilgen Kursunsuz
Flexible Lead Free
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Teknik Ozellikler / Technical Features
FL2X(CT)2Y 2,5/5 kv
. . - Kablo Dis Capi Net Agirlik 20 °C'de iletken Sevk Uzunlugu
Nominalliesit BaKinEektoris (Yaklasik) (Yaklasik) DA Direnci (Yaklasik)
Overall . .
Erosz?;:iion CuFactor Diameter of Cable N(Zt sz?t ResEi[;::r:JccetZrtg[E] °C De“(\,lﬂeryrtin)gth
(Approx) pproX. pproX,
1000 m mm kg/km 0/km m
1x 8 AWG 106,89 12,58 217 2,14 1000
1x 6 mm? 90,54 12,54 203 3,08 1000
Abrand of the
Prysmian
Group | 261




